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WARM UP YOUR NEW YEAR WITH SIZZLING SAVINGS!WARM UP YOUR NEW YEAR WITH SIZZLING SAVINGS!

Promotion valid 1/1/25 – 3/31/25

Instant Rebates
up to $616
Instant Rebates
up to $616
UPS Systems
Product Rebate Description

Standby UPS Systems
BC350RNC $9.00 350VA 210W 120V Cloud-Connected UPS with Remote Monitoring, 3 Outlets 
BC600RNC $9.50 600VA 300W 120V Cloud-Connected UPS with Remote Monitoring, 4 Outlets
BC850RNC $11.00 850VA 450W 120V Cloud-Connected UPS with Remote Monitoring, 5 Outlets
Line-Interactive UPS Systems
AVR750UNC $12.00 750VA 450W 120V Cloud-Connected UPS with Remote Monitoring, 12 Outlets
OMNISMART750MX $57.40 750VA 460W 120V UPS, 12 Outlets, Double-Boost AVR, USB
SMART750TSU $100.70 750VA 600W 120V UPS, 8 Outlets, AVR, USB, RS-232, LCD, Tower
SMC1000RT1U $210.10 1000VA 600W 120V Sine Wave UPS, AVR, 4 Outlets, Network Card Option, LCD, USB, 1U Rack/Tower
SMC1500RT1U $247.90 1440VA 1100W 120V Sine Wave UPS, AVR, 5 Outlets, Network Card Option, LCD, USB, 1U Rack/Tower
Online Double-Conversion UPS Systems
SUINT1000LCD2U $160.50 1000VA 900W, 208/230V, 6 C13 Outlets, C14 Input, Network Card Option, 2U Rack/Tower
9PX1000GRT $130.88 9PX 1000VA 900W 208V UPS, C14 Input, 8 C13 Outlets, Cybersecure Network Card Option, Extended Run, 

2U Rack/Tower
SU1500RTXLCD2UTAA $166.70 1500VA 1350W 120V Sine Wave Output, 8 Outlets, Extended Run, Network Card Option, LCD, USB, DB9, 

TAA, 2U Rack/Tower 
SU2200RTXLCD2UTAA $251.10 2000VA 1800W, 120V Sine Wave Output, 7 5-15R Outlets, Network Card Option, 2U Rack/Tower, TAA
SU2200XLCD $114.57 1960VA 1770W 120V 7 Outlets, Extended Run, Network Card Option, LCD, Tower
9PX2200GRT-L $404.66 9PX 2200VA 2000W 208V UPS, L6-20P, 8 C13, 2 C19 Outlets, Lithium-ion Battery, 

Cybersecure Network Card Option, 2U Rack/Tower
SUINT2200LCD2U $210.60 2200VA 2000W 208/230V, 10 Outlets, Extended Run, Network Card Option, LCD, USB, DB9, 

2U Rack/Tower
SU3000RTXLCD2UTAA $322.50 3000VA 2700W 120V Sine Wave Output, 7 Outlets, Extended Run, Network Card Option, LCD, USB, DB9, 

TAA, 2U Rack/Tower 
9PX3000GRT-L $616.75 9PX 3000VA 2700W 208V UPS, L6-20P, 8 C13, 2 C19 Outlets, Lithium-ion Battery, Cybersecure Network 

Card Option, 2U Rack/Tower
9SX3000GL $366.44 9SX 3000VA 2700W 208V UPS, 2 NEMA 6-20R, 1 L6-30R, 2 L6-20R Outlets, Cybersecure Network Card 

Option, Extended Run, Tower
SU6000RT $486.80 6000VA 5400W, 208V 2 L6-20R and 2 L6-30R Outlets, L6-30P Input, Network Card Included, 

3U Rack/Tower
SU6000RT3UTAA $585.00 6000VA 5400W 208V UPS, 2 L6-20R and 2 L6-30R Outlets, L6-30P Input, Network Card Included, 

Extended Run,TAA, 3U Rack/Tower
SU6000RTF $566.30 6000VA 5400W, 120/208V, Stepdown Transformer, 18 5-20R, 2 L6-20R, 1 L6-30R Outlets, L6-30P Input, 

Network Card Included, 6U Rack

KVM Switches
Product Rebate Description

B020-U08-19-IP $104.00 NetDirector 8-Port 1U Rack-Mount Console with 19 in. LCD  
and IP Remote Access, TAA

B020-U08-19-K $57.20 NetDirector 8-Port 1U Rack-Mount Console with 19 in. LCD + 8  
PS2/USB Combo Cables, TAA

B021-000-19 $30.20 1U Rack-Mount Console with 19 in. LCD, TAA
B021-000-19-HD $83.80 1U Rack-Mount Console with 19" LCD, DVI or VGA, TAA
B021-000-19-HD2 $87.50 1U Rack-Mount Console with 19 in. LCD, 1920 x 1080 (1080p), DVI or VGA Video, TAA
B021-000-19-SH $80.00 1U Rack-Mount Console with 19-in. LCD, Short-Depth, TAA
B021-SWHD-K $58.00 1U Rack-Mount Console with 18.5 in. LCD, HDMI, Short-Depth, TAA

PDUs
Product Rebate Description

Basic PDU
EVBAGU23X-E $146.25 Universal-Input Basic PDU G4, 208V and 415/240V, 42 Outlets, End-Entry Input,  

72-Inch 0U Vertical, Input Cable Sold Separately
Metered PDUs
EVMIGU23A-E $185.25 Universal-Input Metered PDU G4, 208V and 415/240V, 24 Outlets, 0U Vertical, Input Cable Sold Separately
EVMIGU23X $229.13 Universal-Input Metered PDU G4, 208V and 415/240V, 42 Outlets, 72-Inch 0U Vertical,  

Input Cable Sold Separately
EVMIGU23X-E $229.13 Universal-Input Metered PDU G4, 208V and 415/240V, 42 Outlets, End-Entry Input,  

72-Inch 0U Vertical, Input Cable Sold Separately
EVMIL620A $77.51 Single-Phase Metered Input Rack PDU G4, 100-240V, 24 Outlets, 16A, 3.8kW, C20/L6-20 Input,  

10 ft. Cord, 0U Vertical
EVMIL630X $158.15 Single-Phase Metered Input Rack PDU G4, 208V, 42 Outlets, 24A, 5.8kW, L6-30 Input, 10 ft. Cord, 0U Vertical
EVMOGU23A-E $209.63 Universal-Input Metered PDU G4, 208V and 415/240V, 24 Outlets, End-Entry Input,  

56-Inch 0U Vertical, Input Cable Sold Separately
EVMOGU23X $258.38 Universal-Input Metered PDU G4, 208V and 415/240V, 42 Outlets, 72-Inch 0U Vertical, Input Cable Sold Separately
3-Phase Metered PDUs
EVMI1530X $152.10 3-Phase Metered Input Rack PDU G4, 208V, 42 Outlets, 24A, 8.6kW, L15-30 Input, 10 ft. Cord, 0U Vertical
EVMI2120X $97.40 3-Phase Metered Input Rack PDU G4, 120/208V, 42 Outlets, 16A, 5.8kW, L21-20 Input, 10 ft. Cord, 0U Vertical
EVMI2130X $177.94 3-Phase Metered Input Rack PDU G4, 120/208V, 42 Outlets, 24A, 8.6kW, L21-30 Input, 10 ft. Cord, 0U Vertical
EVMI4609X $266.27 3-Phase Metered Input Rack PDU G4, 208V, 42 Outlets, 48A, 17.3kW, 460P9W Input, 10 ft. Cord, 0U Vertical
EVMI4609X-06 $266.27 3-Phase Metered Input Rack PDU G4, 208V, 42 Outlets, 48A, 17.3kW, 460P9W Input, 6 ft. Cord, 0U Vertical
EVMI8365X $252.43 3-Phase Metered Input Rack PDU G4, 208V, 42 Outlets, 40A, 14.4kW, CS8365 Input, 10 ft. Cord, 0U Vertical
EVMIG332X $194.51 3-Phase Metered Input Rack PDU G4, 240/415V, 42 Outlets, 24A/32A, 17.3kW, 532P6W Input,  

10 ft. Cord, 0U Vertical, TAA
Managed PDUs
EVMAGU23A-E $243.65 Universal-Input Managed PDU G4, 208V and 415/240V, 24 Outlets, 0U Vertical, Input Cable Sold Separately
EVMAGU23X $286.16 Universal-Input Managed PDU G4, 208V and 415/240V, 42 Outlets, 72-Inch 0U Vertical, Input Cable 

Sold Separately
EVMAGU23X-E $286.16 Universal-Input Managed PDU G4, 208V and 415/240V, 42 Outlets, End-Entry Input, 72-Inch 0U Vertical, 

Input Cable Sold Separately
EVMAL620A $136.40 Single-Phase Managed Rack PDU G4, 100-240V, 24 Outlets, 16A, 3.8kW, C20/L6-20 Input, 10 ft. Cord, 0U Vertical
EVMAL630A $187.20 Single-Phase Managed Rack PDU G4, 208V, 24 Outlets, 24A, 5.8kW, L6-30 Input, 10 ft. Cord, 0U Vertical
EVMAL630B $178.43 Single-Phase Managed Rack PDU G4, 208V, 20 Outlets, 24A, 5.8kW, L6-30 Input, 10 ft. Cord, 0U Vertical
EVMAL630X $239.36 Single-Phase Managed Rack PDU G4, 208V, 42 Outlets, 24A, 5.8kW, L6-30 Input, 10 ft. Cord, 0U Vertical
3-Phase Managed PDUs
EVMA1530A $160.58 3-Phase Managed Rack PDU G4, 208V, 24 Outlets, 24A, 8.6kW, L15-30 Input, 10 ft. Cord, 0U Vertical
EVMA1530X $229.13 3-Phase Managed Rack PDU G4, 208V, 42 Outlets, 24A, 8.6kW, L15-30 Input, 10 ft. Cord, 0U Vertical
EVMA2120A $159.80 3-Phase Managed Rack PDU G4, 120/208V, 24 Outlets, 16A, 5.8kW, L21-20 Input, 10 ft. Cord, 0U Vertical
EVMA2130A $204.75 3-Phase Managed Rack PDU G4, 120/208V, 24 Outlets, 24A, 8.6kW, L21-30 Input, 10 ft. Cord, 0U Vertical
EVMA2130X $248.63 3-Phase Managed Rack PDU G4, 120/208V, 42 Outlets, 24A, 8.6kW, L21-30 Input, 10 ft. Cord, 0U Vertical
EVMA4609X $345.05 3-Phase Managed Rack PDU G4, 208V, 42 Outlets, 48A, 17.3kW, 460P9W Input, 10 ft. Cord, 0U Vertical
EVMA4609X-06 $340.18 3-Phase Managed Rack PDU G4, 208V, 42 Outlets, 48A, 17.3kW, 460P9W Input, 6 ft. Cord, 0U Vertical
EVMA8365X $301.08 3-Phase Managed Rack PDU G4, 208V, 42 Outlets, 40A, 14.4kW, CS8365 Input, 10 ft. Cord, 0U Vertical
EVMAG332C $272.32 3-Phase Managed Rack PDU G4, 240/415V, 48 Outlets, 24A/32A, 17.3kW, 532P6W Input,  

10 ft. Cord, 0U Vertical, TAA
EVMAG332X $259.35 3-Phase Managed Rack PDU G4, 240/415V, 42 Outlets, 24A/32A, 17.3kW, 532P6W Input,  

10 ft. Cord, 0U Vertical, TAA
Rebates apply only to items in stock during the promotional period.
Excludes CDW, Amazon (US & Canada), Provantage and Staples.

IT’S TOO COLD FOR 
THE BEACH, BUT 
THESE SAVINGS 
ARE HEATING UP!

© 2025 Eaton. All rights reserved.Tripp Lite is now part of Eaton. 



25-01-036

Surge Protectors
Product Rebate Description

SK60C $1.40 Protect It! 6-Outlet Surge Protector, USB-C and USB-A Ports, 1080 Joules,   
Direct Plug-In, Gray

SK60CB $1.40 Protect It! 6-Outlet Surge Protector, USB-C and USB-A Ports, 1080 Joules, 
Direct Plug-In, Black

TLM210CAM $97.34 Safe-IT 6-Port USB Charging Station, 2x USB-C 60W, 4x USB-A, 2x 5-15R,  
Wireless Charging, 1000 Joules, Antimicrobial, 10 ft. (3 m) Cord, Black

TLM610CPAM $114.00 Safe-IT 5-Port Mobile Power Tower/USB Charging Station, USB-C 60W, 4x USB-A, 
6x 5-15R, Wireless Charging, 1000 Joules, Antimicrobial, 10 ft. (3 m) Cord

TLP12POAM $5.82 In-Desktop Power Grommet, 1x 5-15R, 2x USB-A Charging, 1000 Joules, Antimicrobial,  
10 ft. (3 m) Cord, Black

TLP610COILAM $8.13 In-Desk Power and Charging Dock, 2 Outlets, 4x USB-A, USB-B, HDMI, RJ11, RJ45, 300 Joules,  
Antimicrobial Protection, 10 ft. (3 m) Cord, Black

TRAVELER3USBC $1.30 Protect It! 2-Outlet Travel-Size Surge Protector, USB-C and USB-A Ports, 306 Joules, 
Direct Plug-In, Black

Device Charging
Product Rebate Description

Charging Cables
M100-006-WH $1.93 USB-A to Lightning Sync/Charge Cable, M/M, MFi Certified, White, 6 ft. (1.8 m)
U521-1P0M-WH20G $2.00 USB4 20Gbps Cable (M/M), USB-C, 4K 60 Hz, 240W PD Charging, 

6.6 ft. (2 m), White
U521-1P2M-BK $1.80 USB4 40Gbps Cable (M/M), USB-C, 8K 60 Hz, 240W PD Charging, 4 ft. (1.2 m), Black
Chargers
U280-C03-36W-1B $2.32 3-Port USB Car Charger, USB-C PD 3.0 up to 18W, 2 USB-A QC 3.0 up to 36W
U280M-S01-10-BK $1.10 10W Magnetic Wireless Charging Pad, Adjustable Stand, 3 ft. (0.9 m) Cable, Black
U280-WF1-20C1-G $1.80 Flat 1-Port USB-C Wall Charger, GaN Technology, 20W PD 3.0 Charging, White
U280-WF1-45C1-G $2.60 Flat 1-Port USB-C Wall Charger, GaN Technology, 45W PD 3.0 Charging, White
UPB-04K0-1CM $3.84 Portable Wireless Magnetic Charging Power Bank, USB-C Output, 18W, 4000mAh, 

Lithium-Ion, Black
Charging Towers
CST16AC $157.76 16-Device AC Charging Tower for Chromebooks, Open Frame, White
CST32AC $348.40 16-Device AC Charging Tower for Chromebooks, Open Frame, White, 2-Pack (32 Devices Total)

Display Mounts & Carts
Product Rebate Description

Slat Wall System
DMSWKITTAA $21.60 Slat Rail with Posts for Slat Wall System, 40 in. (102 cm), TAA
DMSWSLATTAA $9.60 Slat Rail for Slat Wall System, 40 in. (102 cm), TAA
DMSW1332STAA $3.60 Monitor Mount for Slat Wall System for 13" to 32" Displays, TAA
DMSW1332MTAA $4.80 Single-Extension Monitor Mount for Slat Wall System for 13" to 32" Displays, TAA
DMSW1332LTAA $6.40 Dual-Extension Monitor Mount for Slat Wall System for 13" to 32" Displays, TAA
Monitor Risers
MR229USB $7.80 Wood Top, USB-A Charging and Data Ports
MR248USBG $6.80 Glass Top, USB and Audio Ports, Height-Adjustable
MR4011DTAA $6.20 Extra-Wide Dual-Monitor Riser with Storage Drawers, 39 x 11 in., Black, TAA
Document Holder
DDR811TRAYTAA $4.32 3-Tray Document Holder with Desktop Clamp, TAA
Rolling Cart
DMCS60100XX $51.25 Heavy-Duty Rolling TV Cart for 60" to 100" Displays, Height-Adjustable
Workstations
WWSS1332C $70.98 Desk-Mounted Workstation, Single Display
WWSSDC $68.16 Sit-Stand Workstation, Clamp-on

Power Strips
Product Rebate Description

SK10C32 $1.80 Power It! 1-Outlet Universal Travel Charger and Power Strip, 
USB-C and USB-A Ports, 32W PD Charging, Direct Plug-In, Gray

SK10C32B $1.80 Power It! 1-Outlet Universal Travel Charger and Power Strip, 
USB-C and USB-A Ports, 32W PD Charging, Direct Plug-In, Black

Connectivity
Product Rebate Description

USB-C Docks
U442-DOCK1 $7.25 Dual Display, 4K HDMI/mDP, VGA, USB 3.x (5Gbps), USB-A/C Hub, 

GbE, Memory Card, 100W PD Charging
U442-DOCK3-B $5.08 Single Display, 4K HDMI, VGA, USB 3.x (5Gbps), USBA/C Hub, Gigabit Ethernet, Memory Card Slots,  

100W PD Charging, Black
U442-DOCK8-GG $7.10 Dual Display, 4K 60 Hz HDMI, USB 3.x (5Gbps) Hub Ports, Memory Card, 100W PD Charging, Gray
U442-DOCK8G-GG $8.80 Dual Display, 4K 60 Hz HDMI, USB 3.x (5Gbps) Hub Ports, GbE, Memory Card, 100W PD Charging, 

Gray
AV Cables and Adapters
A102-02M $0.68 Toslink Digital Optical SPDIF Audio Cable, 6.56 ft. (2 M), Black
P131-06N $1.97 HDMI to VGA with Audio Converter Cable Adapter (M/F), 6-in. (15.24 cm), TAA
P316-06N $0.23 3.5 mm Mini Stereo to RCA Audio Y Splitter Adapter Cable (F/2xM), 6 in. (15.2 cm)
P568-015-8K6 $2.30 HDMI Cable (M/M), 8K 60 Hz, Dynamic HDR, 4:4:4, HDCP 2.2, 15 ft. (4.6 m), Black
P568-020-8K6 $2.80 HDMI Cable (M/M), 8K 60 Hz, Dynamic HDR, 4:4:4, HDCP 2.2, 20 ft. (6.1 m), Black
P568-025-8K6 $3.20 HDMI Cable (M/M), 8K 60 Hz, Dynamic HDR, 4:4:4, HDCP 2.2, 25 ft. (7.6 m), Black
P568-030-8K6 $3.80 HDMI Cable (M/M), 8K 60 Hz, Dynamic HDR, 4:4:4, HDCP 2.2, 30 ft. (9.1 m), Black
P580-015-8K6 $2.30 DisplayPort Cable with Latching Connectors (M/M), 8K 60 Hz, HDR, HBR3, 4:4:4, 

HDCP 2.2, 15 ft., (4.6 m), Black
P580-020-8K6 $2.80 DisplayPort Cable with Latching Connectors (M/M), 8K 60 Hz, HDR, HBR3, 4:4:4, 

HDCP 2.2, 20 ft. (6.1 m), Black
P580-025-8K6 $3.20 DisplayPort Cable with Latching Connectors (M/M), 8K 60 Hz, HDR, HBR3, 4:4:4, 

HDCP 2.2, 25 ft. (7.6 m), Black
P580-030-8K6 $3.60 DisplayPort Cable with Latching Connectors (M/M), 8K 60 Hz, HDR, HBR3, 4:4:4, 

HDCP 2.2, 30 ft. (9.1 m), Black
U444-003-DP8K6 $2.50 USB-C to DisplayPort Active Adapter Cable (M/M), 8K 60 Hz, 4K 144 Hz, HDR, 4:4:4, 

HDCP 2.3, 3 ft. (0.9 m), Black
U444-003-H8K6 $3.50 USB-C to HDMI Active Adapter Cable (M/M), 8K 60 Hz, 4K 144 Hz, HDR, 4:4:4, HDCP 

2.3, 3 ft. (0.9 m), Black
U444-006-DP8K6 $2.60 USB-C to DisplayPort Active Adapter Cable (M/M), 8K 60 Hz, 4K 144 Hz, HDR, 4:4:4, 

HDCP 2.3, 6 ft. (1.8 m), Black
U444-006-H8K6 $3.70 USB-C to HDMI Active Adapter Cable (M/M), 8K 60 Hz, 4K 144 Hz, HDR, 4:4:4, HDCP 

2.3, 6 ft. (1.8 m), Black
Adapter
U261-001-BT5 $2.48 Mini Bluetooth 5.0 USB Adapter
Network Cables
N820-01M $1.00 10Gb Duplex Multimode 50/125 OM3 OFNP Fiber Patch Cable (LC/LC), 3.3 ft. (1m), Aqua
N820-01M-TAA $1.58 10Gb Duplex Multimode 50/125 OM3 OFNP Fiber Patch Cable (LC/LC), 3.3 ft. (1m), TAA, Aqua
N820-02M-TAA $1.74 10Gb Duplex Multimode 50/125 OM3 OFNP Fiber Patch Cable (LC/LC), 6.6 ft. (2 m), TAA, Aqua
N820-03M-TAA $1.86 10Gb Duplex Multimode 50/125 OM3 OFNP Fiber Patch Cable (LC/LC),  9.8 ft. (3 m), TAA, Aqua
Patch Panels
N052-048 $9.70 48-Port 2U Rack-Mount Cat5e 110 Patch Panel, 568B, RJ45 Ethernet, TAA
N252-024-6A $20.40 24-Port 1U Rack-Mount Cat6a 110 Patch Panel with Cable Management Bar, 110 Punchdown, 

RJ45, TAA
N252-P24 $6.60 24-Port Cat6 Patch Panel - 4PPoE Compliant, 110/Krone, 568A/B, RJ45 Ethernet, 1U Rack-Mount, TAA
N254-024-6A $34.70 24-Port Cat6a Feed-Through Patch Panel - 4PPoE Compliant, 1U Rack-Mount, RJ45 Ethernet, TAA
N254-024-OF $27.60 24-Port 1U Rack-Mount Cat5e/6 Offset Feed-Through Patch Panel with Cable Management Bar, 

RJ45 Ethernet, TAA
N254-024-SH $34.60 24-Port 1U Rack-Mount STP Shielded Cat6 /Cat5 Feedthrough Patch Panel, RJ45 Ethernet, TAA
N254-024-SH-6A $40.90 24-Port 1U Rack-Mount STP Shielded Cat6a Feedthrough Patch Panel, RJ45 Ethernet, TAA

Inverters
Product Rebate Description

PINV750 $40.20 750W Light-Duty Compact Power Inverter with 2 AC/1 USB 2.0A  
Battery Cables, Mobile

PINV1000 $68.00 1000W Light-Duty Compact Power Inverter with 2 AC/1 USB 2.0A Battery Cables, Mobile
PINV2000 $124.80 2000W Medium-Duty Compact Power Inverter with 2 AC/1 USB 2.0A Battery Cables, Mobile
PINV2000HS $219.60 2000W Heavy-Duty Industrial-Strength Mobile Power Inverter with 4 AC/2 USB 2.0A Battery Cables, Remote

Isolation Transformer
Product Rebate Description

IS-500 $107.17 500W Isolation Transformer-Based Power Conditioner, 4 Outlets, TAA

Rebates apply only to items in stock during the promotional period.
Excludes CDW, Amazon (US & Canada), Provantage and Staples.
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